
In agriculture, ideal climate is essential as it impacts production and health of animals. Controlled fresh air entry, 
is one of the main factors in achieving the perfect climate. Foam insulation filled door all weather applications.

The MWI has been engineered and designed to bring fresh air into the house without exposing the animals to 
cold air drafts. This is made possible with the MWI’s curved shape, that properly channels the incoming fresh air 
along the ceiling, to mix before it reaches the animals.

The MWI is ideally designed for sidewall installation. The framing system and curved door are manufactured 
from a combination of UV resistant PVC and PP materials offering durability. It can be cleaned with a high 
pressure washer. For bio-security reasons, an integrated galvanized metal guard is provided, preventing 
unwanted entry into the house . By using the MWI, every farmer will get closer towards achieving the perfect 
climate with the right balance between performance, efficiency and budget. 

MWI – Munters Wall Inlet - Insulated

Munters Corporation
2691 Ena Drive, Lansing, MI 48917 / Phone +1 517 676 7070 / Fax +1 517 676 7076 / www.munters.com
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PRODUCT Munters Wall Inlet – Insulated

FEATURES

• Door is completely filled with closed cell foam

• Foam provides superior r-value insulation and industry 
leading air performance ratings

• Improves the structure and reduces condensation, 
moisture vapor

• Optimal flow of fresh air in the house, avoiding drafts 
and cold air dropping on to livestock

• Recessed curved door in the wall, properly channels the 
air jet along the ceiling and avoids air escape out the 
sides

• Packaged unassembled six pieces per box, optimizes 
shipping volume and lowers freight cost

• Quick user-friendly assembly due to distinctive design. 
No fasteners needed

• Hygienic-friendly due to the smart design and smooth 
surface finish

• Top quality durable PVC and PP materials, UV stabilized

• Air sealing gaskets at the top and sides to avoid air 
leakage in closed position

• Suitable for quick high pressure washing



Technical Information:  

Catalog Number Inlet Size*
Airflow at Static Pressure

Pull Force
Travel 
LengthImperial Metric

W x H 0.05″ 0.10″ 0.15″ 10Pa 20Pa 30Pa

MWI Insulated Inch cm CFM m3/h lbs N inch cm

MWI 4413B-01-6PK 44 x 13 111.8 x 33 2380 3310 4190 3600 5030 6160 9 40 18.5 47

MWI 4408B-01-6PK 44 x 8.25 111.8 x 21 1500 2090 2630 2280 3160 3870 4.5 20 11.5 29

MWI 4113B-01-6PK 41 x 13 104.1 x 33 2240 3080 3890 3320 4720 5720 6.8 30 18.5 47

MWI 4108B-01-6PK 41 x 8.25 104.1 x 21 1450 2010 2530 2180 3080 3720 4.5 20 11.5 29

*Flange width 2 in or 5 cm on all sides

NOTE: Rough wall opening should be 0.5 inch or 1.3 cm bigger than the inlet size  
e.g., rough wall opening for MWI 4413B should be 44.5 x 13.5 in or 113 x 34.3 cm

Your closest distributor

MWI - Munters Wall Inlet is distributed by Munters

Munters reserves the right to make alterations to specifications, quantities, etc., for production or other reasons, subsequent to publication.
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